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1 1 RED
2 2 WHITE
c 3 3 GREEN
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NO.| NAME MATERIAL DESCRIPTION Q'TY | UNITS
9 | TuBE SHRINKING TUBE BLACK A/R| M
8 | NUT 4#—40UNC,4.75%6.5MM 2 | Pcs
7 | SCREW | 4#—40UNC,L=6.5MM 2 | pPcs THIRD ANGLE PROJECTION
6 | SHEATH | SHEATH:ABS MATERIAL BLACK 1| SET N ~
5 |OVER MOLD|PVC , COLOR:BLACK A/R| KG @ lj ar ec ,OI I l
4 | TERMINAL | PHOSPHOR BRONZE TIN PLATED(Gold Plated Function) | 5 | PCS
A GENERAL NOTES
3 | HousING |IDC 5P HOUSING PH:2.54mm BLAC 1 | pecs DIMENSIONS ARE IN MM - DO NOT SCALE | PRODUCTID | USBPNLAFHD1
USB A/F 4PIN (180" SOLDER TYPE) PIN: G/F,
2 |CONNECTOR N.(;KE._/ PLATED (FOR SHELL,WHITE | sumnoﬁ. 1| SET THIS DOCUMENT CONTAINS CONFIDENTIAL, | DESCRIPTION | 1 ft Panel Mount USB Cable - USB A to Motherboard Header Cable F/F
1| crsle USB 2.0 UL2725 28(7/0.12TCP*1P+244(7/0.20TC)¥2C+AL/ | 5 /Rl M PROPRIETARY INFORMATION THAT IS
MY-+D(7/0.16TC)+B(16%4/0.12AL—M) OD:4.5mm PVC PROPERTY OF STARTECH.COM DO NOT SCALE | SHEET: 1 OF: 1 | UPLOAD DATE: 8/19/2022
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